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S7-400

CPU 412-1 6ES7 412-1XJ05-0AB0 V5.3

Work memory 144KB code and 144KB of data; 0.075 ms/1000 instructions; 4KB DI/O; 32 connections 1*DP/MPI; send and 
receive capability for direct data exchange; DP constant bus cycle time and clocking editing; routing; data record routing; 
multi-computing capable; firmware V5.3

CPU 412-2 DP 6ES7 412-2XJ05-0AB0 V5.3

Work memory 256KB code and 256KB of data; 0.075 ms/1000 instructions; 4KB DI/O; 32 connections 1*DP/MPI and 
1*DP; send and receive capability for direct data exchange; constant bus cycle time and clocking editing; routing; data 
record routing; multi-computing capable; firmware V5.3

CPU 412-2 PN 6ES7 412-2EK06-0AB0 V6.0

work memory 512 KB code and 512 KB data; 0.075 ms/1000 instructions; 4KB DI/O; 48 connections; 1*DP/MPI, 1*PN; 
send and receive capability for direct data exchange; constant bus cycle time and isochronous real-time processing; 
routing; data record routing; with multicomputing capability; PROFINET IO-Controller; supports RT/IRT; PROFINET 
interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA Proxy; firmware V6.0

CPU 414-2 DP 6ES7 414-2XK05-0AB0 V5.3

Work memory 512KB code and 512KB data 0.045 ms/1000 instructions; 8KB DI/O; 32 connections 1*DP/MPI and 1*DP; 
send receive capability for direct data exchange; constant bus cycle time and clocking editing; routing; data record routing; 
multi-computing capable; firmware V5.3

CPU 414F-3 PN/DP 6ES7 414-3FM06-0AB0 V6.0

Work memory 2 MB code and 2 MB data; 0.045 ms/1000 instructions; 8 KB DI/O; 64 connections; 1*DP/MPI, 1*PN and 1 
slot for IF modules; send and receive capability for direct data exchange; constant bus cycle time and isochronous real-
time processing; routing; data record routing; with multicomputing capability; PROFINET IO-Controller; supports RT/IRT; 
PROFINET interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA Proxy; firmware V6.0; can be used for safety 
applications; supports PROFIsafe V2

CPU 414-3 PN/DP 6ES7 414-3EM06-0AB0 V6.0

Work memory 2 MB code and 2 MB data; 0.045 ms/1000 instructions; 8 KB DI/O; 64 connections; 1*DP/MPI, 1*PN and 1 
slot for IF modules; send and receive capability for direct data exchange; constant bus cycle time and isochronous real-
time processing; routing; data record routing; with multicomputing capability; PROFINET IO-Controller; supports RT/IRT; 
PROFINET interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA Proxy; firmware V6.0

CPU 414-3 DP 6ES7 414-3XM05-0AB0 V5.3

Work memory 1.4MB code and 1.4MB of data 0.045 ms/1000 instructions 8KB DI/O; 32 connections 1*DP/MPI, 1*DP and 
1 receptacle for IF modules; send and receive capability for direct data exchange; constant bus cycle time and clocking 
editing, routing, data record routing; mulitcomputing capable; firmware V5.3

CPU 416-3 PN/DP 6ES7 416-3ES06-0AB0 V6.0

Work memory 8 MB code and 8 MB data; 0.030 ms/1000 instructions; 16 KB DI/O; 96 connections; 1*DP/MPI, 1*PN and 1 
slot for IF modules; send and receive capability for direct data exchange; constant bus cycle time and isochronous real-
time processing; routing; data record routing; with multicomputing capability; PROFINET IO-Controller; supports RT/IRT; 
PROFINET interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA Proxy; firmware V6.0

CPU 416-3 DP 6ES7 416-3XR05-0AB0 V5.3

Work memory 5.6MB code and 5.6MB of data 0.030 ms/1000 instructions; 16KB DI/O; 64 connections; 1*DP/MPI, 1*DP 
and 1 receptacle for IF modules; send and receive capability for direct data exchange; constant bus cycle time and clocking 
editing; routing; data record routing; multicomputing capable; firmware V5.3

CPU 416F-2 6ES7 416-2FN05-0AB0 V5.3

Work memory 2.8MB code and 2.8MB data 0.030 ms/1000 instructions; 16KB DI/O; 64 connections; 1*DP/MPI and 1*DP; 
send and receive capability for direct data exchange; constant bus cycle time and clocking editing; routing; data record 
routing; multicomputing; firmware V5.3; can be used for safety applications; supports PROFIsafe V2
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CPU 416F-3 PN/DP 6ES7 416-3FS06-0AB0 V6.0

work memory 8 MB code and 8 MB data; 0.030 ms/100 instructions; 16 KB DI/O; 96 connections; 1*DP/MPI, 1*PN and 1 
slot for IF modules; send and receive capability for direct data exchange; constant bus cycle time and isochronous real-
time processing; routing; data record routing; with multicomputing capability; PROFINET IO-Controller; supports RT/IRT; 
PROFINET interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA Proxy; firmware V6.0. Can be used for security 
applications; supports PROFIsafe V2

CPU 416-2 DP 6ES7 416-2XN05-0AB0 V5.3

Work memory 2.8MB code and 2.8MB data 0.030 ms/1000 instructions; 16KB DI/O; 64 connections 1*DP/MPI and 1*DP; 
send and receive capability for direct data exchange; constant bus cycle time and clocking editing; routing; data record 
routing; multicomputing capability; firmware V5.3

CPU 417-4 6ES7 417-4XT05-0AB0 V5.3

Work memory 15MB code and 15MB of data; 0.018 ms/1000 instructions; 16KB DI/O; 64 connections; 1*DP/MPI, 1*DP 
and 2 receptacles for IF modules; multi-computing computable, send and receive capable for direct data exchange, 
constant bus cycle time and clocking editing, routing, data record routing; firmware V5.3

CP 443-1 6GK7 443-1EX20-0XE0 V2.1

S7 CP for Industrial Ethernet ISO and TCP/IP with SEND-RECEIVE and FETCH-WRITE interface, PROFINET IO 
controller, long data, UDP, TCP, ISO, S7 communication, routing, module replacement without PG, 2-port switch, 10/100 
Mbps, initialization over LAN, IP multicast, access protection over IP-ACL, DHCP, IP configuration over DHCP/FB, SNMP, 
time synchronization in SIMATIC mode or with NTP, Web diagnostics, prioritized startup, Firmware V2.1

CP 443-1 Advanced 6GK7 443-1GX20-0XE0 V2.1

S7 CP for Industrial Ethernet with 2 interfaces, Gigabit interface (1 port, 10/100/1000 Mbps) and PROFINET interface (4-
port switch, 10/100 Mbps): ISO and TCP/IP with SEND-RECEIVE and FETCH-WRITE interface, UDP, TCP with/without 
RFC 1006, IP-Multicast, ISO, S7 communication, S7 and IP routing, FTP, with Web server and E-mail, protection using IP 
access list, SNMP, Web diagnostics, initialization over LAN, time-of-day sync. using SIMATIC mode or NTP, module 
replacement without PG, C-PLUG, Extra for PROFINET interface (4-Port Switch, 10/100 Mbps): PROFINET IO-Controller, 
PROFINET CBA, IP configuration using DHCP/FB, MRP, prioritized startup, Firmware V2.1
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S7-300

CPU 312 6ES7 312-1AE14-0AB0 V3.0
Work memory 32 KB; 0.1 ms/1000 instructions; MPI connection; single-tier configuration up to 8 modules; S7 
communication (loadable FBs/FCs); firmware V3.0

CPU 314 6ES7 314-1AG14-0AB0 V3.0
Work memory 128 KB; 0.06ms/1000 instructions; MPI connection; multi-tier configuration up to 32 modules; S7 
Communication (loadable FBs/FCs); firmware V3.0

CPU 315-2 DP 6ES7 315-2AH14-0AB0 V3.0

Work memory 256KB; 0.05ms/1000 instructions; MPI+ DP connection (DP master or DP slave); multi-tier configuration up 
to 32 modules; Send and receive capability for direct data exchange, constant bus cycle time, routing, S7 Communikation 
(loadable FBs/FCs), firmware V3.0

CPU 315F-2 DP 6ES7 315-6FF04-0AB0 V3.0

Work memory 384KB; 0.05ms/1000 instructions; MPI+ DP connection (DP master or DP slave); multi-tier configuration up 
to 32 modules, send and receive capability for direct data exchange, constant bus cycle time, routing, S7 Communication 
(loadable FBs/FCs), firmware V3.0, can be used for security applications; supports PROFIsafe V2

CPU 315-2PN/DP 6ES7 315-2EH14-0AB0 V3.1

384 KB work memory; 0.05ms/1000 instructions; PROFINET connection; S7 Communication (loadable FBs/FCs); 
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 2 ports; PROFINET CBA; PROFINET CBA-Proxy; 
TCP/IP transport protocol; combined MPI/DP connection (MPI or DP master or DP slave); multi-tier configuration up to 32 
modules; constant DP bus cycle time; routing; firmware V3.1

CPU 315F-2PN/DP 6ES7 315-2FJ14-0AB0 V3.1

512 KB work memory; 0.05ms/1000 instructions; PROFINET connection; S7 Communication (loadable FBs/FCs); 
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 2 ports; PROFINET CBA; PROFINET CBA-Proxy; 
TCP/IP transport protocol; combined MPI/DP connection (MPI or DP master or DP slave); multi-tier configuration up to 32 
modules; constant DP bus cycle time; routing; firmware V3.1, can be used for safety applications; supports PROFIsafe V2

CPU 317-2PN/DP 6ES7 317-2EK14-0AB0 V3.1

1024 KB work memory; 0.025ms/1000 instructions; PROFINET connection; S7 Communication (loadable FBs/FCs); 
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 2 ports; PROFINET CBA; PROFINET CBA-Proxy; 
TCP/IP transport protocol; combined MPI/DP connection (MPI or DP master or DP slave); multi-tier configuration up to 32 
modules; constant DP bus cycle time; routing; firmware V3.1

CPU 317F-2PN/DP 6ES7 317-2FK14-0AB0 V3.1

1536 KB work memory; 0.025ms/1000 instructions; PROFINET connection; S7 Communication (loadable FBs/FCs); 
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 2 ports; PROFINET CBA; PROFINET CBA-Proxy; 
TCP/IP transport protocol; combined MPI/DP connection (MPI or DP master or DP slave); multi-tier configuration up to 32 
modules; constant DP bus cycle time; routing; firmware V3.1, can be used for safety applications; supports PROFIsafe V2

CPU 319-3 PN/DP 6ES7 318-3EL01-0AB0 V3.2

Work memory 2048KB; 0.004ms/1000 instructions; PROFINET connection; S7 communication (loadable FBs/FCs);  
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA-
Proxy; TCP/IP transport protocol; combined MPI/DP connection (MPI or DP master or DP slave); multiline structure up to 
32 modules; constant DP bus cycle time; routing; firmware V3.2

CPU 319F-3 PN/DP 6ES7 318-3FL01-0AB0 V3.2

Work memory 2560KB; 0.004ms/1000 instructions; PROFINET connection; S7 communication (loadable FBs/FCs);  
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 2 ports; MRP; PROFINET CBA; PROFINET CBA-
Proxy; TCP/IP transport protocol; combined MPI/DP connection (MPI or DP master or DP slave); multiline structure up to 
32 modules; constant DP bus cycle time; routing; firmware V3.2, can be used for safety applications; supports PROFIsafe 
V2
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FM 351 FIXED SPEED POS. 6ES7 351-1AH02-0AE0 V1.0 Positioning module, rapid/creep feed, also for configuration with active bus modules; FW update; I&M functionality; V1.0
SM 331 AI8x13Bit 6ES7 331-1KF02-0AB0 Analog input module AI 8x13 bits

SM 331 AI8x16Bit HART 6ES7 331-7TF01-0AB0 V3.0
Analog input module AI8x16Bit, 0/4...20mA, +/-20mA, as of firmware V3.0.0, with HART communication, HART variables, 
Firmware update, Redundancy, HART Fast mode

SM 332 AO8x16Bit HART 6ES7 332-8TF01-0AB0 V3.0
Analog output module AO8x16Bit, 0/4..20mA, abs of firmware V3.0.0, with HART communication, HART variables, 
Firmware update, Redundancy, HART Fast mode

CP 342-5 6GK7 342-5DA03-0XE0 V6.0
PROFIBUS CP: DP protocol with Sync/Freeze, SEND/RECEIVE interface, S7 communication, routing, module 
replacement without PG, 12 Mbps, Firmware V6.0

CP 343-1 6GK7 343-1EX30-0XE0 V2.2

S7 CP for Industrial Ethernet, ISO and TCP/IP with SEND/RECEIVE and FETCH/WRITE interface,PROFINET IO 
Controller or PROFINET IO device, UDP, TCP with/without RFC 1006, IP multicast, ISO, S7 communication, S7 routing, 
protection using IP access list, SNMP, web diagnostics, initialization over LAN, time-of-day sync. using SIMATIC mode or 
NTP, module replacement without PG, 2-Port switch 10/100 Mbps, IP configuration using DHCP/ FB, MRP, Support of 
PROFINET blocks V3.0, Firmware V2.2

CP 343-1 Advanced 6GK7 343-1GX30-0XE0 V1.1

S7 CP for Industrial Ethernet with 2 interfaces, Gigabit interface (1port, 10/100/1000 Mbps) and PROFINET interface (2-
port switch, 10/100 Mbps): ISO and TCP/IP with SEND-RECEIVE and FETCH-WRITE interface, UDP, TCP with/without 
RFC 1006t RFC 1006, IP multicast, ISO, S7 communication, S7 and IP routing, FTP, with Web server and E-mail, IP 
access control list, SNMP, web diagnostics, initialization over LAN, time-of-day sync. using SIMATIC mode or NTP, module 
replacement without PG, C-PLUG, Extra for PROFINET interface (2-port switch, 10/100 Mbps): PROFINET IO controller 
and/or device, PROFINET CBA, IP configuration using DHCP/FB, MRP, Support of PROFINET blocks V3.0, firmaware 1.1

CP 343-1 ERPC 6GK7 343-1FX00-0XE0 V1.0

S7 CP for Industrial Ethernet with Gigabit Interface (1 port, 10/100/1000 Mbps) for direct database interfacing to an 
additional loadable software package. protocols: TCP/IP with SEND/RECEIVE and FETCH/WRITE interface, UDP, TCP 
with/without RFC 1006, IP multicast, S7 communication, S7 routing, protection using IP access list, SNMP, web 
diagnostics, initialization over LAN, time-of-day sync. using SIMATIC mode or NTP, module replacement without PG, C-
PLUG, IP configuration using DHCP/FB, Firmware V1.0

CP 343-1 Lean 6GK7 343-1CX10-0XE0 V2.2

S7 CP for Industrial Ethernet TCP/IP with SEND/RECEIVE and FETCH/WRITE interface, PROFINET IO device, UDP, 
TCP with/without RFC 1006, IP multicast, S7 communication (server), S7 routing, SNMP, web diagnostics, initialization 
over LAN, time-of-day sync. using SIMATIC mode or NTP, module replacement without PG, 2 Port Switch 10/100 Mbit, IP 
configuration using DHCP/ FB, MRP, Support of PROFINET blocks V3.0, Firmware V2.2

CP 343-2 P AS-i 6GK7 343-2AH11-0XA0
Basic module for AS-i attachment. Support of AS-i A/B slaves and AS-i 7.3/7.4 analog slaves and slaves complying with 
the ASi Specification V3.0. Upload an AS-i configuration to the PG.
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PC Station

WinLC RTX 6ES7 611-4SB00-0YB7 V4.5

WinLC RTX V4.5 (for WinAC RTX 2009, 6ES7 671-0RC07-0YA0); Software Logic Controller for Windows XP with RTX 
Realtime environment; DP connection (DP master); DPV1 with constant bus cycle time and isochronous mode; PROFINET 
connection; PROFINET IO-Controller; supports RT/IRT; PROFINET CBA; PROFINET CBA-Proxy; TCP/IP transport 
protocol; Routing; S7 communication; firmware V4.5

WinLC RTX F 6ES7 611-4FB00-0YB7 V4.5

WinLC RTX F V4.5 (for WinAC RTX F 2009, 6ES7 671-1RC07-0YA0); Software Logic Controller for Windows XP with RTX 
Realtime environment; DP connection (DP master); DPV1 with constant bus cycle time and isochronous mode; PROFINET 
connection; PROFINET IO-Controller; supports RT/IRT; PROFINET CBA; PROFINET CBA-Proxy; TCP/IP transport 
protocol; Routing; S7 communication; firmware V4.5, can be used for safety applications; supports PROFIsafe V2

WinLC RTX EC 6ES7 677-1DD00-0BA0 V1.1

CPU for S7-mEC with Logic Controller functions WinLC RTX V4.5 (for WinAC RTX 2009); PROFINET IO controller, 
supports RT/IRT, PROFINET CBA, TCP/IP transport protocol, S7 communication, multi-line structure of up to 32 modules; 
firmware V1.1

WinLC RTX F EC 6ES7 677-1FD00-0BB0 V1.1

CPU for S7-mEC with Logic Controller functions WinLC RTX F V4.5 (for WinAC RTX F 2009); PROFINET IO controller, 
supports RT/IRT, PROFINET CBA, TCP/IP transport protocol, S7 communication, multi-line structure of up to 32 modules; 
firmware V1.1, can be used for safety applications; supports PROFIsafe V2

Application Application V8.0 User programs for configuring connections, SIMATIC NET PC Software V8.0 ...

CP 1604 6GK1 160-4AA00 V2.4
SIMATIC NET CP 1604 Industrial Ethernet, PROFINET IO-Controller, RT/IRT, IO-Router, MRP, prioritized startup, IO data 
monitoring, Firmware V2.4

CP 1616 6GK1 161-6AA00 V2.4
SIMATIC NET CP 1616 Industrial Ethernet, PROFINET IO-Controller, RT/IRT, IO-Router, MRP, prioritized startup, IO data 
monitoring, Firmware V2.4

OPC Server SW V8.0 OPC Server V8.0
OPC Server for the DP, FDL, S7 (between different subnets), ISO/TCP, SNMP, DP master class 2, PROFINET IO 
Controller, SIMATIC NET PC Software V8.0 ...
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PROFIBUS-DP

ET 200pro IM 154-1 DP 6ES7 154-1AA01-0AB0
Interface module IM154-1 DP for ET200pro electronic modules, option handling without standby modules, 240 bytes of 
parameters per slot

ET 200pro IM 154-2 DP HF 6ES7 154-2AA01-0AB0 240 bytes of parameters per slot
ET 200pro 16 DI DC24V 6ES7 141-4BH00-0AA0 Digital input module 16 DI DC24V
ET 200S PM-E DC24V HF 6ES7 138-4CA60-0AB0 Power module PM-E DC24V HF, with detection of feedback voltage

ET 200S PM-E DC24V /8A RO 6ES7 138-4CA80-0AB0
Power module PM-E for electronics modules, 24VDC, with diagnostics and load voltage disconnection, supports 
PROFIenergy

ET 200S PM-E DC24V /8A RO S 6ES7 138-4CA80-0AB0 S
Power module PM-E for electronics modules, 24VDC, with diagnostics and load voltage disconnection, with status/control 
byte

ET 200S IM151-1 FO Standard 6ES7 151-1AB05-0AB0
Interface module IM151-1 for ET 200S electronic modules, option handling with/without standby modules, 240 bytes of 
parameters per slot

ET 200S 1 SI  ASCII  V1.3 (4 B) 6ES7 138-4DF01-0AB0 V1.3 Communication module with a serial interface (RS232, RS422 or RS485) and ASCII log with 4 byte I/O interface, V1.3

ET 200S 1 SI  ASCII  V1.3 (8 B) 6ES7 138-4DF01-0AB0 V1.3 Communication module with a serial interface (RS232, RS422 or RS485) and ASCII log with 8 byte I/O interface, V1.3

ET 200S 1 SI  ASCII  V1.3 (32 B) 6ES7 138-4DF01-0AB0 V1.3 Communication module with a serial interface (RS232, RS422 or RS485) and ASCII log with 32 byte I/O interface, V1.3
ET 200S 2RO NO/NC 24..230V/5A 6ES7 132-4HB12-0AB0 Digital output module 2x relay Form C 24 VUC to 230 VUC/5A
ET 200S 4 DI NAMUR 6ES7 131-4RD02-0AB0 Digital input module DI 4xNAMUR, with diagnostic interrupt
ET 200S 4 DI UC24..48V 6ES7 131-4CD02-0AB0 Digital input module 4DI 24-48VUC, High Feature; diagnostics, supports isochrone mode
ET 200S 4AI TC ST 6ES7 134-4JD00-0AB0 Analog input module AI 4xTC / 15 bits+sign, standard, thermocouples: E, N, J, K, L, S, R, B, T
ET 200S 4DO DC24V/0.5A HF 6ES7 132-4BD00-0AB0 Digital output module DO 4xDC24V/0.5A, High Feature, Diagnostics, supports isochrone mode
ET 200S 4DO DC24V/2A HF 6ES7 132-4BD30-0AB0 Digital output module DO 4xDC24V/2A, High Feature, Diagnostics, supports isochrone mode
ET 200S 8DO DC24V/0.5A HF 6ES7 132-4BF00-0AB0 Digital output module DO 8xDC24V/0.5A, High Feature, Diagnostics, supports isochrone mode

ET 200iSP 4 AI 2WIRE HART
6ES7 134-7TD00-0AB0 
ES9 Analog input module 4xHART, 4-20mA, 2DMU, as of release 9, HART Fast Mode

ET 200iSP 4 AI 4WIRE HART
6ES7 134-7TD50-0AB0 
ES8 Analog input module 4xHART, 0/4-20mA, 4DMU, as of release 8, HART Fast Mode

ET 200iSP 4 AO HART
6ES7 135-7TD00-0AB0 
ES9 Analog output module 4xHART, 0/4-20mA, as of release 9, HART Fast Mode

DP/AS-i Link 20E 6GK1 415-2AA10
Module for linking AS-i slaves to a DP chain. Degree of protection IP20, Support of AS-i slaves complying with AS-i 
Specification V3.0, Uploading an AS-i configuration to the programming device

IM174 6ES7 174-0AA10-0AA0 PROFIBUS DP interconnection for the path acquisition and for controlling analog drives (+/-10 V)

6
A5E03048863-01

06/2010



New Modules Supported from STEP 7 V5.5 Onwards

Product MLFB

FW
-

Ve
rs

io
n Short Description

PROFINET-IO

ET 200pro IM154-8 PN/DP CPU 6ES7 154-8AB01-0AB0 V3.2

Working memory 384KB; 0.05 ms/1000 instructions; PROFINET connection; S7 communication (loadable FBs/FCs);  
PROFINET IO controller; supports RT/IRT; PROFINET interface and 3 ports; MRP; PROFINET CBA; PROFINET CBA 
proxy; transport protocol TCP/IP, UDP and ISO on TCP ; combined MPI/DP connection (MPI or DP master or DP slave); 
DP constant bus cycle time; routing; firmware V3.2; expansion with maximum 16 ET200pro spectrum modules

ET 200pro IM154-8F PN/DP CPU 6ES7 154-8FB01-0AB0 V3.2

Working memory 512KB; 0.05 ms/1000 instructions; PROFINET connection; S7 communication (loadable FBs/FCs);  
PROFINET IO controller; supports RT/IRT; PROFINET interface and 3 ports; MRP; PROFINET CBA; PROFINET CBA 
proxy; transport protocol TCP/IP, UDP and ISO on TCP ; combined MPI/DP connection (MPI or DP master or DP slave); 
DP constant bus cycle time; routing; firmware V3.2; expansion with maximum 16 ET200pro spectrum modules; can be 
used for safety applications; supports PROFIsafe V2

ET 200S IM151-8 PN/DP CPU 6ES7 151-8AB01-0AB0 V3.2

Work memory 192KB; 0.06ms/1000 instructions; PROFINET connection; S7 communication (loadable FBs/FCs); 
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 3 ports; MRP; PROFINET CBA; PROFINET CBA-
Proxy; transport protocol TCP/IP, UDP and ISO on TCP; data record routing; firmware V3.2; expansion with a maximum of 
63 modules of the ET200S range

ET 200S IM151-8F PN/DP CPU 6ES7 151-8FB01-0AB0 V3.2

Work memory 256KB; 0.06ms/1000 instructions; PROFINET connection; S7 communication (loadable FBs/FCs); 
PROFINET IO-Controller; supports RT/IRT; PROFINET interface and 3 ports; MRP; PROFINET CBA; PROFINET CBA-
Proxy; transport protocol TCP/IP, UDP and ISO on TCP; data record routing; firmware V3.2; expansion with a maximum of 
63 modules of the ET200S range; can be used for safety applications; supports PROFIsafe V2

ET 200S IM151-3PN HF 6ES7 151-3BA23-0AB0 V7.0

PROFINET IO device interface module IM 151-3 PN HF (ERTEC200) for ET 200S electronic modules, supports packing; 
PROFINET interface and 2 ports; FW Update via bus; port diagnostics; I&M functionality; IRT and prioritized startup; 
shared functionality; MRP; option handling; firmware V7.0

ET 200S IM151-3PN FO 6ES7 151-3BB23-0AB0 V7.0

PROFINET IO device interface module IM 151-3 PN FO (ERTEC200) for ET 200S electronic modules, supports packing; 
PROFINET interface and 2 ports; FW Update via bus; port diagnostics; I&M functionality; IRT and prioritized startup; 
shared functionality; MRP; option handling; PCF line diagnostics; firmware V7.0

ET 200S IM151-3PN ST 6ES7 151-3AA23-0AB0 V7.0

PROFINET IO device interface module IM 151-3 PN ST (ERTEC200) for ET 200S electronic modules, supports packing; 
PROFINET interface and 2 ports; FW Update via bus; port diagnostics; I&M functionality; IRT and prioritized startup; 
shared functionality; MRP; option handling; firmware V7.0

ET 200S IM151-3PN HS 6ES7 151-3BA60-0AB0 V3.0

PROFINET IO device interface module IM 151-3 PN HS (ERTEC200) for ET 200S electronic modules, supports packing; 
PROFINET interface and 2 ports; FW Update via bus; port diagnostics, supports isochrone mode; I&M functionality; IRT 
and prioritized startup; shared functionality; MRP; option handling; firmware V3.0

ET 200S PP17-I-PN-PROFIsafe 6AV3 688-4CX07-0AA0 V6.0 PROFINET I/O Push Button Panel Safety V6.0
ET 200S PP17-I-PN-PROFIsafe 6AV3 688-4CX07-0AA0 V5.0 PROFINET I/O Push Button Panel Safety V5.0
ET 200S PP17-II-PN-PROFIsafe 6AV3 688-4EY07-0AA0 V6.0 PROFINET I/O Push Button Panel Safety V6.0

ET200ecoPN 4 AO U/I 4xM12 V6.0 6ES7 145-6HD00-0AB0 V6.0

PROFINET IO compact device; 4 AO U/I 4xM12; 60mm overall width; PROFINET interface and 2 ports; FW Update via 
bus; port diagnostics; I&M functionality; IRT and prioritized startup; firmware V6.0; 4 freely configurable power or voltage 
outputs: power +/-20mA, 0..20mA, 4..20mA; voltage +/-10V, 1..5V, 0..10V
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ET200ecoPN 4 IO-L + 8 DI + 4 DO DC24V/1.3A 
8xM12 6ES7 148-6JA00-0AB0 V6.1

PROFINET IO compact device; 4 IOL + 8 DI + 4 DO 1.3A DC 24V 8xM12; 60mm overall width; 4 IO-LINK channels; 8 
inputs, 4 outputs; PROFINET interface and 2 ports; FW Update via bus; port diagnostics; I&M functionality; IRT and 
prioritized startup; firmware V6.1

ET200ecoPN 8 DIO DC24V/1.3A 8xM12 V6.0 6ES7 147-6BG00-0AB0 V6.0

PROFINET IO compact device; 8 DIO DC24V/1.3A  8xM12; 60mm overall width; PROFINET interface and 2 ports; FW 
Update via bus; port diagnostics; I&M functionality; IRT and prioritized startup; firmware V6.0; 8 freely configurable inputs 
and outputs; output:  DC24V/1.3A

ET200ecoPN 8 AI  4 U/I + 4 RTD/TC 8xM12 
V6.0 6ES7 144-6KD00-0AB0 V6.0

PROFINET IO compact device; 8 AI  4 U/I + 4 RTD/TC 8xM12; 60mm overall width; PROFINET interface and 2 ports; FW 
Update via bus; port diagnostics; I&M functionality; IRT and prioritized startup; firmware V6.0; 4 freely configurable power or
voltage inputs: power +/-20mA, 0..20mA, 4..20mA; voltage +/-10V, 1..5V, 0..10V; 4 freely configurable inputs for: voltage +/-
80mV; resistors 150, 300, 600 and 3k ohm; thermal resistors RTD: Pt100, Pt200, Pt500, Pt1000, Ni100, Ni120, Ni200, 
Ni500, Ni1000; thermocouples N, E, J, K

ET200ecoPN 8 DO DC24V/2A 8xM12 V6.0 6ES7 142-6BR00-0AB0 V6.0
PROFINET IO compact device; 8 DO DC24V/2A 8xM12; 60mm overall width; interface and 2 ports; FW Update via bus; 
port diagnostics; I&M functionality; IRT and prioritized startup; firmware V6.0; output:  DC24V/2.0A

PN-PN Coupler X1 6ES7 158-3AD01-0XA0 V2.0
Coupler of two PROFINET networks, IP20; PROFINET interface and 2 ports; X1 (left side); FW Update via bus; port 
diagnostics; I&M functionality; IRT and prioritized startup; firmware V2.0

PN-PN Coupler X2 6ES7 158-3AD01-0XA0 V2.0
Coupler of two PROFINET networks, IP20; PROFINET interface and 2 ports; X2 (right side); FW Update via bus; port 
diagnostics; I&M functionality; IRT and prioritized startup; firmware V2.0

PN-PN-Coupler X1 6ES7 158-3AD01-0XA0 V3.0
Coupler of two PROFINET networks, IP20; PROFINET interface and 2 ports; X1 (left side); FW update via bus; port 
diagnostics; I&M functionality; IRT and prioritized startup; shared functionality; MRP; frmware V3.0

PN-PN-Coupler X2 6ES7 158-3AD01-0XA0 V3.0
Coupler of two PROFINET networks, IP20; PROFINET interface and 2 ports; X2 (right side); FW update via bus; port 
diagnostics; I&M functionality; IRT and prioritized startup; shared functionality; MRP; firmware V3.0

SCALANCE W746-1 6GK5 746-1AA30-4AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type client; firmware V4.3

SCALANCE W746-1 (US) 6GK5 746-1AA30-4AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type client; US version; firmware V4.3

SCALANCE W746-1PRO 6GK5 746-1AA60-4AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type client; firmware V4.3

SCALANCE W746-1PRO (US) 6GK5 746-1AA60-4AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type client; US version; firmware V4.3

SCALANCE W747-1 6GK5 747-1AA30-6AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type client; firmware V4.3

SCALANCE W747-1 (US) 6GK5 747-1AA30-6AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type client; US version; firmware V4.3

SCALANCE W747-1RR 6GK5 747-1AA60-6AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type client; firmware V4.3

SCALANCE W747-1RR (US) 6GK5 747-1AA60-6AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type client; US version; firmware V4.3

SCALANCE W784-1 6GK5 784-1AA30-2AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type AP; firmware V4.3

SCALANCE W784-1 (US) 6GK5 784-1AA30-2AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type AP; US version; firmware V4.3
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SCALANCE W784-1RR 6GK5 784-1AA30-6AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type AP; firmware V4.3

SCALANCE W784-1RR (US) 6GK5 784-1AA30-6AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type AP; US version; firmware V4.3

SCALANCE W786-1PRO ext. Ant. 6GK5 786-1AA60-2AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-1PRO ext. Ant.  (FO) 6GK5 786-1AB60-2AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-1PRO ext. Ant.  (FO) (US) 6GK5 786-1AB60-2AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-1PRO ext. Ant. (US) 6GK5 786-1AA60-2AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-1PRO int. Ant. 6GK5 786-1BA60-2AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-1PRO int. Ant.  (FO) 6GK5 786-1BB60-2AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-1PRO int. Ant.  (FO) (US) 6GK5 786-1BB60-2AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-1PRO int. Ant. (US) 6GK5 786-1BA60-2AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-2PRO ext. Ant  (FO) 6GK5 786-2AB60-2AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-2PRO ext. Ant  (FO) (US) 6GK5 786-2AB60-2AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-2PRO ext. Ant. 6GK5 786-2AA60-2AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-2PRO ext. Ant. (US) 6GK5 786-2AA60-2AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-2PRO int. Ant  (FO) 6GK5 786-2BB60-2AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-2PRO int. Ant  (FO) (US) 6GK5 786-2BB60-2AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-2PRO int. Ant. 6GK5 786-2BA60-2AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-2PRO int. Ant. (US) 6GK5 786-2BA60-2AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-2RR ext. Ant. 6GK5 786-2AA60-6AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type AP; firmware V4.3

SCALANCE W786-2RR ext. Ant. (US) 6GK5 786-2AA60-6AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; type AP; US version; firmware V4.3
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SCALANCE W786-2RR int. Ant. 6GK5 786-2BA60-6AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; type AP; firmware V4.3

SCALANCE W786-2RR int. Ant. (US) 6GK5 786-2BA60-6AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; internal 
antenna; type AP; US version; firmware V4.3

SCALANCE W786-3PRO ext. Ant  (FO) 6GK5 786-3AB60-2AA0 V4.3
Triple wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-3PRO ext. Ant  (FO) (US) 6GK5 786-3AB60-2AB0 V4.3
Triple wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W786-3PRO ext. Ant. 6GK5 786-3AA60-2AA0 V4.3
Triple wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W786-3PRO ext. Ant. (US) 6GK5 786-3AA60-2AB0 V4.3
Triple wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W788-1PRO 6GK5 788-1AA60-2AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W788-1PRO (US) 6GK5 788-1AA60-2AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W788-1RR 6GK5 788-1AA60-6AA0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type AP; firmware V4.3

SCALANCE W788-1RR (US) 6GK5 788-1AA60-6AB0 V4.3
Single wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type AP; US version; firmware V4.3

SCALANCE W788-2PRO 6GK5 788-2AA60-2AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; firmware V4.3

SCALANCE W788-2PRO (US) 6GK5 788-2AA60-2AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; PRO; type AP; US version; firmware V4.3

SCALANCE W788-2RR 6GK5 788-2AA60-6AA0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type AP; firmware V4.3

SCALANCE W788-2RR (US) 6GK5 788-2AA60-6AB0 V4.3
Double wireless access point with Ethernet interface; PROFINET IO device; PROFINET interface and 1 port; external 
antenna; RR; type AP; US version; firmware V4.3

SCALANCE X200-4PIRT 6GK5 200-4AH00-2BA3 V4.3 4-port switch (4 x POF); PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; firmware V4.3

SCALANCE X201-3PIRT 6GK5 201-3BH00-2BA3 V4.3
4-port switch (1 x RJ45 + 3 x POF); PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; firmware 
V4.3

SCALANCE X202-2IRT 6GK5 202-2BB00-2BA3 V4.3
4-port switch (2 x RJ45 + 2 x FO); PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; firmware 
V4.3

SCALANCE X202-2PIRT 6GK5 202-2BH00-2BA3 V4.3
4-port switch (2 x RJ45 + 2 x POF); PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; firmware 
V4.3

SCALANCE X202-2PIRTPRO 6GK5 202-2JR00-2BA6 V4.3
4-port switch (2 x RJ45 + 2 x POF); PRO; PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; 
firmware V4.3

SCALANCE X204-2 6GK5 204-2BB10-2AA3 V4.2 6-port switch (4 x RJ45 + 2 x FO); PROFINET IO device; PROFINET interface and 6 ports; firmware V4.2
SCALANCE X204-2LD 6GK5 204-2BC10-2AA3 V4.2 6-port switch (4 x RJ45 + 2 x FO LD); PROFINET IO device; PROFINET interface and 6 ports; firmware V4.2
SCALANCE X204IRT 6GK5 204-0BA00-2BA3 V4.3 4-port switch (4 x RJ45); PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; firmware V4.3
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SCALANCE X204IRTPRO 6GK5 204-0JA00-2BA6 V4.3 4-port switch (4 x RJ45); PRO; PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports; firmware V4.3
SCALANCE X206-1 6GK5 206-1BB10-2AA3 V4.2 7-port switch (6 x RJ45 + 1 x FO); PROFINET IO device; PROFINET interface and 7 ports; firmware V4.2
SCALANCE X206-1LD 6GK5 206-1BC10-2AA3 V4.2 7-port switch (6 x RJ45 + 1 x FO LD); PROFINET IO device; PROFINET interface and 7 ports; firmware V4.2
SCALANCE X208 6GK5 208-0BA10-2AA3 V4.2 8-port switch (8 x  RJ45); PROFINET IO device; PROFINET interface and 8 ports; firmware V4.2

SCALANCE X212-2 6GK5 212-2BB00-2AA3 V4.2
14-port switch (12 x RJ45 + 2 x FO); PROFINET IO device; supports RT/IRT; PROFINET interface and 14 ports; firmware 
V4.2

SCALANCE X212-2LD 6GK5 212-2BC00-2AA3 V4.2
14-port switch (12 x RJ45 + 2 x FO LD); PROFINET IO device; supports RT/IRT; PROFINET interface and 14 ports; 
firmware V4.2

SCALANCE X216 6GK5 216-0BA00-2AA3 V4.2 16-port switch (16 x RJ45); PROFINET IO device; supports RT/IRT; PROFINET interface and 16 ports; firmware V4.2

SCALANCE X224 6GK5 224-0BA00-2AA3 V4.2 24-port switch (24 x RJ45); PROFINET IO device; supports RT/IRT; PROFINET interface and 24 ports; firmware V4.2

SCALANCE X306-1LD FE 6GK5 306-1BF00-2AA3 V3.1 Managed switch with copper ports and optical port; supports RT; PROFINET interface and 7 ports; MRP; firmware V3.1

SCALANCE X308-2M 6GK5 308-2GG00-2AA2 V3.1
Managed switch with 4 copper ports and 2 SFP module slots each with 2 Ports, supports RT; PROFINET interface with 
max. 8 Ports; Firmware V3.1

SCALANCE X320-1FE 6GK5 320-1BD00-2AA3 V3.1 Managed switch with copper ports and optical port; supports RT; PROFINET interface and 21 ports; MRP; firmware V3.1

SCALANCE X320-3LD FE 6GK5 320-3BF00-2AA3 V3.1 Managed switch with copper ports and optical ports; supports RT; PROFINET interface and 23 ports; MRP; firmware V3.1

SCALANCE X324-12M 6GK5 324-0GG00-1AR2 V3.1
Managed switch with 12 SFP module slots each with 2 Ports, supports RT; PROFINET interface with max. 24 Ports; 
Firmware V3.1

SCALANCE X324-12M 6GK5 324-0GG00-1HR2 V3.1
Managed switch with 12 SFP module slots each with 2 Ports, supports RT; Cable outlet rear; PROFINET interface with 
max. 24 Ports; Firmware V3.1

SCALANCE XF204 6GK5 204-0BA00-2AF2 V4.2 4-port switch (4 x  RJ45); PROFINET IO device; PROFINET interface and 4 ports; flat; firmware V4.2
SCALANCE XF204-2 6GK5 204-2BC00-2AF2 V4.2 6-port switch (4 x RJ45 + 2 x FO); PROFINET IO device; PROFINET interface and 6 ports; flat; firmware V4.2

SCALANCE XF204IRT 6GK5 204-0BA00-2BF2 V4.3 4-port switch (4 x RJ45); PROFINET IO device; supports RT/IRT; PROFINET interface and 4 ports;flat; firmware V4.3
SCALANCE XF206-1 6GK5 206-1BC00-2AF2 V4.2 7-port switch (6 x RJ45 + 1 x FO); PROFINET IO device; PROFINET interface and 7 ports; flat; firmware V4.2
SCALANCE XF208 6GK5 208-0BA00-2AF2 V4.2 8-port switch (8 x  RJ45); PROFINET IO device; PROFINET interface and 8 ports; flat; firmware V4.2
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PROFIBUS-DP/PROFINET-IO 
Modules
ET 200pro RSte 4DI/2DO 0.15-2A 3RK1 395-6KS41-1AD0

Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro RSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS41-1AD5
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro RSte 4DI/2DO 0.15-2A 3RK1 395-6KS41-3AD0
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro RSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS41-3AD5
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro RSte 4DI/2DO 1.5-12A 3RK1 395-6LS41-1AD0
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without brake 
contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro RSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS41-1AD5
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro RSte 4DI/2DO 1.5-12A 3RK1 395-6LS41-3AD0
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without brake 
contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro RSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS41-3AD5
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro RSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS41-1AD3
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro RSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS41-3AD3
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro RSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS41-1AD3
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro RSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS41-3AD3
Motor starter M200D RSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sDSSte 4DI/2DO 0.15-2A 3RK1 395-6KS71-0AD0
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sDSSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS71-0AD5
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sDSSte 4DI/2DO 0.15-2A 3RK1 395-6KS71-2AD0
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sDSSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS71-2AD5
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sDSSte 4DI/2DO 1.5-12A 3RK1 395-6LS71-0AD0
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sDSSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS71-0AD3
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sDSSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS71-0AD5
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0
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ET 200pro sDSSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS71-2AD3
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sDSSte 4DI/2DO 1.5-12A 3RK1 395-6LS71-2AD0
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sDSSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS71-0AD3
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sDSSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS71-2AD5
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sDSSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS71-2AD3
Motor starter M200D sDSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS71-1AD3
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sRSSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS71-1AD5
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sRSSte 4DI/2DO 0.15-2A 3RK1 395-6KS71-3AD0
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS71-3AD3
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS71-3AD5
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS71-1AD3
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sRSSte 4DI/2DO 1.5-12A 3RK1 395-6LS71-1AD0
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sRSSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS71-3AD3
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS71-1AD5
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro sRSSte 4DI/2DO 1.5-12A 3RK1 395-6LS71-3AD0
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS71-3AD5
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro sRSSte 4DI/2DO 0.15-2A 3RK1 395-6KS71-1AD0
Motor starter M200D sRSSte; electro. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro DSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS41-0AD3
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro DSte 4DI/2DO/BO400V 0.15-2A 3RK1 395-6KS41-2AD3
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro DSte 4DI/2DO 0.15-2A 3RK1 395-6KS41-0AD0
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0
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ET 200pro DSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS41-0AD3
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro DSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS41-0AD5
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro DSte 4DI/2DO/BO400V 1.5-12A 3RK1 395-6LS41-2AD3
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
AC 400/230V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro DSte 4DI/2DO 0.15-2A 3RK1 395-6KS41-2AD0
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; without 
brake contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro DSte 4DI/2DO/BO180V 0.15-2A 3RK1 395-6KS41-2AD5
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/0.75kW; 0.15A...2.00A; brake 
contact DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro DSte 4DI/2DO 1.5-12A 3RK1 395-6LS41-0AD0
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without brake 
contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro DSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS41-0AD5
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0

ET 200pro DSte 4DI/2DO 1.5-12A 3RK1 395-6LS41-2AD0
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; without brake 
contact; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro DSte 4DI/2DO/BO180V 1.5-12A 3RK1 395-6LS41-2AD5
Motor starter M200D DSte; mech. switching; electro./therm. OE protection; 3 AC 400V/5.5kW; 1.5A...12.00A; brake contact 
DC 180V; 4DI/2DO DC24V; HAN Q4/2 - HAN Q8/0; integrated operating and monitoring unit

ET 200pro RFID RF170C 6GT2002-0HD00 Communication module for RFID systems; 2 parallel channels

ET 200S 4SI IO-Link 6ES7 138-4GA50-0AB0 V1.1 4-channel, serial port for connection of IO-Link devices. Port configuration takes place with the Port Configuration Tool.
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